






Cylinder Technical Parameters

PPS-HF Model Speci�cation

*Maximum length is 14m; for longer sizes, please confirm with CSU.

Outer Cylinder
Diameter (mm)

Length
(mm)

Outer Cylinder
Diameter (mm)

Number of
Pumps

Pump
Installation Type

Pump Type

Number of
Grids

Grid Type

Example: 020 represents 2000mm
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The manhole features a non-slip 
cover and an internal fall protection 
safety grid.

Safety Manhole

The outlet uses a flanged connection 
structure, with dimensions matching 
the diameter of the inner well cylinder.

Flanged Outlet Connection

Both the inner and outer cylinders are 
made of GRP (Glassfibre Reinforced 
Plastic) material, which provides high 
strength, corrosion resistance, and an 
extended service life. The outer 
cylinder sizes are 3m and 3.8m in 
diameter.

GRP Cylinder

A corrosion-resistant, high-strength 
service platform is available as an 
option, depending on customer 
requirements.

Service Platform (Optional)

Equipped with high-quality Grundfos 
KPL axial flow pumps or KWM mixed 
flow pumps.

High-Quality Submersible Pumps

The base plate is secured to the 
concrete foundation using clamps 
and bolts, simplifying operation, 
reducing construction difficulty, and 
shortening construction time.

Quick-Connect Base PlateThe specially designed ACC (Anti 
Cavitation Cone) base is capable of fully 
supporting the weight of the pump and 
the vibrations generated during 
operation.

Uniquely Designed ACC Base

The inlet uses a flanged connection 
structure, with a maximum diameter of 
DN2000 (for an outer cylinder 
diameter of 3m) and DN2400 (for an 
outer cylinder diameter of 3.8m).

Flanged Inlet Connection

The patented funnel-shaped bottom, 
combined with a flow guide plate, optimizes 
flow patterns, reducing vibration and noise 
during operation.

Funnel-Shaped Bottom

Outer Cylinder
Diameter (mm)

Number of Inner Wells

Flow Range (m 3/s)

Maximum Inlet Pipe
Diameter (mm)

Maximum Outlet Pipe
Diameter (mm)

Compatible Pump Types

3,000

Single Inner
Well

0.5 ~ 2.0

2,000

1,000

3,800

Single Inner
Well

1.6 ~ 3.0

Double Inner
Well

1.0 ~ 4.0

1,400 9001

*  1. Some configurations can extend up to 1000, please consult Grundfos.

 2. For multi-cylinder parallel and complex solutions, please consult Grundfos.

30��3000 

38��3800

XXX

07��700

08��800

09��900

10��1000

12��1200

05���� 500

06���� 600

65���� 650

0��None   1��One Pump   D��Two Pumps
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PKL   KWM   OTH��Other
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Focusing on High Flow Rate Pumping
PPS HF Stormwater Series

KPL, KWM

2,400



GRUNDFOS Holding A/S
Poul Due Jensens Vej 7
DK-8850 Bjerringbro
Tel: +45 87 50 14 00
www.grundfos.com

©
 G

ru
nd

fo
s H

ol
di

ng
s I

nc
. J

ul
y 

20
24


