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Technical data

Material Class AutoAdapt Styring

 

Material description CBD210.230/400.3.10

Material number 98187016

Voltage ( V )  AL1 220/390

Voltage ( V )  AH1 240/415

Net Weight  (kg) 3

Total length  (cm) 40

Total width  (cm) 28

Total height  (cm) 15

No. of pumps 2

Phases 3

Current ( A )  AL1 1

Current ( A )  AH1 10

Power ( kW )

Frequency ( Hz ) A 50

Frequency ( Hz ) B 60

Method of starting DOL

Max temp. ( oC ) 50

Min. Temp. ( oC ) -30

Contrl cabinet power 

IP-class 44

Backup fuse  (A) 25

Float switch Y

Pressure N

Contactor, max voltage 415V

Contactor, max I  (A)


